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ELECTRICAL SPECIFICATION
34837 -108
CAPACITANCE @ 120Hz (+20°C) 1000uUF
D.F @ 120 Hz (+20°C] 3.0%

IMPEDANCE @ 100 kHz (+20° C)

0.055 Q MAX

MAX RIPPLE CURRENT @ 100KHz

2270 mArms MAX

(105° C)
RATED WORKING VOLTAGE 63V
CAPACITANCE TOLERANCE +20%

OPERATING TEMPERATURE RANGE

-55° C TO +105° C

DC LEAKAGE CURRENT @ 20° C.
RATED VOLTAGE

18390 UA MAX

SURGE VOLTAGE

79 vDbC
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NOTES:

1. ALL DIMENSIONS IN MILLIMETER [INCH]

2. POLARITY TO BE MARKED ON BODY OF CARPACITOH.

3. HoHs COMPLIANT., LEAD FREE PER CST-0001
LATEST REVISION.
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